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DIN 927

Slotted shoulder screws
Cylinder head | with slot

Steel 14 H | bright | Cr(VI)-free | Metric thread
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Diameter b dk n Pitch t

(d) min. max. min. max. nominal size min. max. (P) max. min.

M3 4.5 4.80 3.97 4.0 0.5 0.56 0.7 0.5 1.05 0.80
M4 6.0 6.30 5.47 5.5 0.6 0.66 0.8 0.7 1.42 1.12
M5 7.0 7.36 6.46 6.5 0.8 0.86 1.0 0.8 1.63 1.28
M6 8.0 8.36 7.96 8.0 1.0 1.06 1.2 1.0 2.00 1.60

Length (l)

nominal size min. max.

3 2.80 3.20
4 3.76 4.24
5 4.76 5.24
6 5.76 6.24
8 7.71 8.29

10 9.71 10.29
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Diameter Length (l)

(d) 3 4 5 6 8 10

M3 • • • •
M4 • • • •
M5 • • • •
M6 • •

• Combinations available in the eShop | Other sizes on request


