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DIN 976 A

Threaded rods
Form A: thread end without tip | length: 1 m

Steel 4.8 | zinc-plated | Cr(VI)-free | Metric fine thread
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Diameter Pitch Length (l)

(d) (P) nominal size min. max.

M12 x 1.5 1.5 1,000 995.5 1,004.5
M14 x 1.5 1.5 1,000 995.5 1,004.5
M16 x 1.5 1.5 1,000 995.5 1,004.5
M18 x 1.5 1.5 1,000 995.5 1,004.5
M20 x 1.5 1.5 1,000 995.5 1,004.5
M24 x 1.5 1.5 1,000 995.5 1,004.5


