
Product data sheet

Böllhoff Group · Archimedesstr. 1-4 · 33649 Bielefeld · Phone: +49 521 4482-03 · info@boellhoff.com · eshop.boellhoff.de/en/home

This document was generated automatically. Subject to technical changes and errors. Distribution as well as duplication of this document, its utilisation and  
communication of its content only permitted with express consert.

A
ll 

te
ch

ni
ca

l d
at

a 
re

fe
r t

o 
th

e 
m

ea
su

re
 m

m

DIN 988

Shim rings

Spring steel | bright | Cr(VI)-free

h d2

d 1

1/1

Diameter d1 d2 h

(d) nominal size min. max. nominal size min. max. min. max.

7 7 7.04 7.19 13 12.77 12.95 1.15 1.2
8 8 8.04 8.19 14 13.77 13.95 1.15 1.2

12 12 12.05 12.23 18 17.77 17.95 1.15 1.2
14 14 14.05 14.23 20 19.72 19.94 1.45 1.5
15 15 15.05 15.23 21 20.72 20.94 1.45 1.5
16 16 16.05 16.23 22 21.72 21.94 1.45 1.5
17 17 17.05 17.23 24 23.72 23.94 1.45 1.5
19 19 19.06 19.28 26 25.72 25.94 1.45 1.5
20 20 20.06 20.28 28 27.72 27.94 1.95 2.0
22 22 22.06 22.28 32 31.67 31.92 1.95 2.0
25 25 25.06 25.28 35 34.67 34.92 1.95 2.0
26 26 26.06 26.28 37 36.67 36.92 1.95 2.0
28 28 26.06 28.28 40 39.67 39.92 1.95 2.0
30 30 30.06 30.28 42 41.67 41.92 2.45 2.5

45 44.67 44.92 2.45 2.5
35 35 35.08 35.33

50 49.67 49.92 2.45 2.5
36 36 36.08 36.33 45 44.67 44.92 2.45 2.5
37 37 37.08 37.33 47 46.67 46.92 2.45 2.5
40 40 40.08 40.33 50 49.67 49.92 2.45 2.5
42 42 42.08 42.33 52 51.60 51.90 2.45 2.5

55 54.60 54.90 2.94 3.0
45 45 45.08 45.33

55 54.60 54.90 – 4.0
50 50 50.08 50.33 62 61.60 61.90 2.94 3.0
55 55 55.10 55.40 68 67.60 67.90 2.94 3.0
56 56 56.10 56.40 70 69.60 69.90 2.94 3.0
60 60 60.10 60.40 75 74.60 74.90 2.94 3.0
63 63 63.10 63.40 80 79.60 79.90 2.94 3.0
70 70 70.10 70.40 90 89.53 89.68 3.44 3.5
80 80 80.10 80.40 100 99.53 99.68 3.42 3.5
95 95 95.12 95.47 115 114.53 114.88 3.42 3.5

110 110 110.12 110.47 140 139.46 139.86 3.42 3.5
140 140 140.14 140.54 170 169.46 169.86 3.42 3.5


